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IMPORTANT: THIS SOFIWARE END USER LICENSE AGREEMENT
("EULA™) IS5 A LEGAL AGREEMENT BETWEEN YCOU (EITHER AN
INDIVIDUAL CR, IF PURCHASED OR CTHERWISE ACQUIRED BY
COR FCR AN ENTITY, AN ENTITY) AND Weidmueller. READ
IT CAREFULLY BEFCRE CCMPLETING THE INSTALLATICN
PROCESS AND USING THE SCFIWARE. IT FROVIDES A
LICENSE TC USE THE SOFIWARE AND CCHNTAINS WARRANTY
INFORMATICN AND LIABILITY DISCLAIMERS. BY SELECTING
THE DOCWNLCAD CR INSTALL NCW BUTTCN AND USING THE
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