
VARITECTOR – Lightning and surge protection
Pluggable VPU AC type I+II – Lightning arrester for 230/400V
Reliable protection of energy feeds from lightning and surge damage

Our VARITECTOR PU AC type I+II are used in industrial 
plants as well as private and public buildings. The growing 
number of sensitive devices requires ever better lightning 
and surge protection for power feeds. 

The pluggable lightning and surge protection devices of 
VARITECTOR PU AC type I+II have a lightning impulse 
current Iimp = 12.5 kA and are used in lightning protection 
level III/IV. The devices are energetically coordinated 
type I, type II and type III according to IEC/EN 61643-11 
(VDE 0675-11) and have a protection level UP ≤ 1.5 kV. 
Application-specific product configurations are available for 
the different network types.

Your special advantages:

•	Combined type I+II arrester for a wide range of 
applications

•	Pluggable arrester with 12.5 kA lightning impulse 
current Iimp per module

•	Status display and remote signalling contact for easy 
maintenance



Tailor-made variants
Application-specific product configurations are available for the different 
network types.

Comprehensively tested
The combined arresters type I+II are tested as 
lightning protection (test pulse 10/350 µs) as well 
as surge protection (test pulse 8/20 µs).

High ease of maintenance
The pluggable arresters enable quick, easy and safe 

replacement in the event of maintenance. The devices also 
have a clearly visible status window and an optional pluggable 
remote signaling contact for reporting errors to the higher-level 

controller.

Visit our website for more information
www.weidmueller.com/varitector

Visit our online catalogue for 
more information
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Product name Type Mains voltage Version Order No.
VPU AC I 1 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983420000
VPU AC I 1 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983510000
VPU AC I 1+1 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983520000
VPU AC I 1+1 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983530000
VPU AC I 2 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983540000
VPU AC I 2 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983550000
VPU AC I 3 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983570000
VPU AC I 3 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983560000
VPU AC I 3+1 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983580000
VPU AC I 3+1 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983590000
VPU AC I 4 300/12.5 LH I+II 230 V / 400 V Without remote contact 2983600000
VPU AC I 4 R 300/12.5 LH I+II 230 V / 400 V With remote contact 2983610000
VPU AC I 1 N-PE 305/50 LH I+II 230 V / 400 V Without remote contact 3037010000
VPU AC I 0 300/12.5 LH I+II 230 V / 400 V Spare arrester 2983620000
VPU AC I 0 N-PE 305/50 LH I+II 230 V / 400 V Spare arrester 2983630000

Technical data


